°
Vinghandtag ensidiga
Artikelbeskrivning/produktbilder
Beskrivning
Utférande:
Svartgra. Gangad bult bl& passiverad.
) Ritningsinformation:
’ Form K med lock.
Form D utan lock.
Svartgrétt LjusgréttA = 5 Trafikétt A= 6 RapsguitA=7
RAL 7021 RAL 7035 RAL 3020 RAL 1021
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Artikeloversikt
Bestéllningsnr. Form Material Férg A B D D2 H H1 H2 T
komponent lock
K0608.904 K Stal svartgra RAL 7021 22 44 M4 12 18 45 155 10
K0608.9045 K Stél ljusgré RAL 7035 22 44 M4 12 18 45 155 10
K0608.9046 K stél trafikrott RAL 3020 2 44 M4 12 18 45 155 10
K0608.9047 K Stél rapsgul RAL 1021 22 44 M4 12 18 45 155 10
K0608.905 K Stél svartgré RAL 7021 2 44 M5 12 18 45 155 10
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Vinghandtag ensidiga
Artikeldversikt
Bestéllningsnr. Form Material Férg A B D D2 H H1 H2 T
komponent lock

K0608.9055 K stal ljusgra RAL 7035 22 44 M5 12 18 45 155 10
K0608.9056 K stal trafikrott RAL 3020 22 44 M5 12 18 45 155 10
K0608.9057 K stal rapsgul RAL 1021 22 44 M5 12 18 45 155 10
K0608.906 K stal svartgra RAL 7021 22 44 M6 12 18 45 155 10
K0608.9065 K stal ljusgra RAL 7035 22 44 M6 12 18 45 155 10
K0608.9066 K stal trafikrtt RAL 3020 22 44 M6 12 18 45 155 10
K0608.9067 K stal rapsgul RAL 1021 22 44 M6 12 18 45 155 10
K0608.105 K stal svartgra RAL 7021 27,5 5,1 M5 14 24 58 20,8 10
K0608.1055 K stal ljusgra RAL 7035 275 51 M5 14 24 58 208 10
K0608.1056 K stal trafikrott RAL 3020 275 51 M5 14 24 58 208 10
K0608.1057 K stal rapsgul RAL 1021 27,5 5,1 M5 14 24 58 20,8 10
K0608.106 K stal svartgra RAL 7021 275 51 M6 14 24 58 208 10
K0608.1065 K stal ljusgra RAL 7035 275 51 M6 14 24 58 208 10
K0608.1066 K stal trafikrott RAL 3020 275 51 M6 14 24 58 208 10
K0608.1067 K stal rapsgul RAL 1021 275 51 M6 14 24 58 208 10
K0608.208 K stal svartgra RAL 7021 375 63 M8 21 36 85 305 14
K0608.2085 K stal ljusgra RAL 7035 375 6,3 M8 21 36 85 305 14
K0608.2086 K stal trafikrtt RAL 3020 375 63 M8 21 36 85 305 14
K0608.2087 K stal rapsgul RAL 1021 375 63 M8 21 36 85 305 14
K0608.210 K stal svartgra RAL 7021 375 6,3 M10 21 36 85 305 14
K0608.2105 K stal ljusgra RAL 7035 375 63 M10 21 36 85 305 14
K0608.2106 K stal trafikrott RAL 3020 375 63 M10 21 36 85 305 14
K0608.2107 K stal rapsgul RAL 1021 375 6,3 M10 21 36 85 305 14
K0608.0904 K rostfritt stal svartgra RAL 7021 22 44 M4 12 18 45 155 10
K0608.09045 K rostfritt stal ljusgra RAL 7035 22 44 M4 12 18 45 155 10
K0608.09046 K rostfritt stal trafikrtt RAL 3020 22 44 M4 12 18 45 155 10
K0608.09047 K rostfritt stal rapsgul RAL 1021 22 44 M4 12 18 45 155 10
K0608.0905 K rostfritt stal svartgra RAL 7021 22 44 M5 12 18 45 155 10
K0608.09055 K rostfritt stal ljusgra RAL 7035 22 44 M5 12 18 45 155 10
K0608.09056 K rostfritt stal trafikrott RAL 3020 22 44 M5 12 18 45 155 10
K0608.09057 K rostfritt stal rapsgul RAL 1021 22 44 M5 12 18 45 155 10
K0608.0906 K rostfritt stal svartgra RAL 7021 22 44 M6 12 18 45 155 10
K0608.09065 K rostfritt stal ljusgra RAL 7035 22 44 M6 12 18 45 155 10
K0608.09066 K rostfritt stal trafikrott RAL 3020 22 44 M6 12 18 45 155 10
K0608.09067 K rostfritt stal rapsgul RAL 1021 22 44 M6 12 18 45 155 10
K0608.0105 K rostfritt stal svartgra RAL 7021 275 51 M5 14 24 58 208 10
K0608.01055 K rostfritt stal ljusgra RAL 7035 275 51 M5 14 24 58 208 10
K0608.01056 K rostfritt stal trafikrott RAL 3020 275 51 M5 14 24 58 208 10
K0608.01057 K rostfritt stal rapsgul RAL 1021 275 51 M5 14 24 58 208 10
K0608.0106 K rostfritt stal svartgra RAL 7021 275 51 M6 14 24 58 208 10
K0608.01065 K rostfritt stal ljusgra RAL 7035 275 51 M6 14 24 58 208 10
K0608.01066 K rostfritt stal trafikrott RAL 3020 275 51 M6 14 24 58 208 10
K0608.01067 K rostfritt stal rapsgul RAL 1021 27,5 5,1 M6 14 24 58 20,8 10
K0608.0208 K rostfritt stal svartgra RAL 7021 375 63 M8 21 36 85 305 14
K0608.02085 K rostfritt stal ljusgra RAL 7035 375 63 M8 21 36 85 305 14
K0608.02086 K rostfritt stal trafikrott RAL 3020 375 6,3 M8 21 36 85 305 14
K0608.02087 K rostfritt stal rapsgul RAL 1021 375 63 M8 21 36 85 305 14
K0608.0210 K rostfritt stal svartgra RAL 7021 375 63 M10 21 36 85 305 14
K0608.02105 K rostfritt stal ljusgra RAL 7035 375 6,3 M10 21 36 85 305 14
K0608.02106 K rostfritt stal trafikrott RAL 3020 375 63 M10 21 36 85 305 14
K0608.02107 K rostfritt stal rapsgul RAL 1021 375 63 MO 21 36 85 305 14
K0608.1904 D stal - 22 44 M4 12 16,1 45 155 10
K0608.1905 D stal - 22 44 M5 12 16,1 45 155 10
K0608.1906 D stal - 22 44 M6 12 16,1 45 155 10
K0608.1105 D stal - 27,5 5,1 M5 14 221 58 20,8 10
K0608.1106 D stal - 275 51 M6 14 221 58 208 10
K0608.1208 D stal - 375 63 M8 21 333 85 305 14
K0608.1210 D stal - 375 6,3 M10 21 333 85 305 14
K0608.10904 D rostfritt stal - 22 44 M4 12 16,1 45 155 10
K0608.10905 D rostfritt stal - 22 44 M5 12 16,1 45 155 10
K0608.10906 D rostfritt stal - 22 44 M6 12 16,1 45 155 10
K0608.10105 D rostfritt stal - 275 51 M5 14 221 58 208 10
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Artikeldversikt
Bestéllningsnr. Form Material Férg A B D D2 H H1 H2 T
komponent lock
K0608.10106 D rostfritt stal - 275 51 M6 14 221 58 208 10
K0608.10208 D rostfritt stal - 375 6,3 M8 21 333 85 305 14
K0608.10210 D rostfritt stal - 375 63 MO 21 333 85 305 14
Anvisning(ar) for denna artikel
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