Réafflade knoppar med ytterganga ﬁ‘l‘

Artikelbeskrivning/produktbilder

Svartgrétt

‘RAL 7021

Ljusgrtt

\
> RAL 7035

Ritningar

© HEINRICH KIPP WERK GmbH & Co. KG

Ren orange

.RAL 2004

Trafikrott

.RAL 3020

A
.

Signalgrnt

RAL 1021

Beskrivning

Material:
Termoplast, svartgra.
Bussning resp. gangbult av stal 5.8 eller rostfritt stal 1.4305.

Utforande:
Stal blakromaterat eller blankt rostfritt stal.

Trafikbltt

.RAL 6032 ‘RAL 5017

Rapsgult

| ’_\L ‘
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Rafflade knoppar med ytterganga

Artikeloversikt
Bestéllningsnr. Material Férg D DI D2 D3 H H1 L

lock

K0247.105X10 stal svartgra RAL 7021 M5 21 14 19 22 8 10
K0247.1051X10 stal orange RAL 2004 M5 21 14 19 22 8 10
K0247.1052X10 stal signalgron RAL 6032 M5 21 14 19 22 8 10
K0247.1053X10 stal bla RAL 5017 M5 21 14 19 22 8 10
K0247.1055X10 Stal ljusgra RAL 7035 M5 21 14 19 22 8 10
K0247.1056X10 stal trafikrott RAL 3020 M5 21 14 19 22 8 10
K0247.1057X10 e rapsgul RAL 1021 M5 21 14 19 22 8 10
K0247.105X12 Stal svartgré RAL 7021 M5 21 14 19 22 8 12
K0247.1051X12 Stal orange RAL 2004 M5 21 14 19 22 8 12
K0247.1052X12 stal signalgron RAL 6032 M5 21 14 19 22 8 12
K0247.1053X12 Stal bla RAL 5017 M5 21 14 19 22 8 12
K0247.1055X12 stal ljusgra RAL 7035 M5 21 14 19 22 8 12
K0247.1056X12 e trafikrott RAL 3020 M5 21 14 19 22 8 12
K0247.1057X12 Stal rapsgul RAL 1021 M5 21 14 19 22 8 12
K0247.105X15 stal svartgré RAL 7021 M5 21 14 19 22 8 15
K0247.1051X15 stal orange RAL 2004 M5 21 14 19 22 8 15
K0247.1052X15 Stal signalgron RAL 6032 M5 21 14 19 22 8 15
K0247.1053X15 stal bl& RAL 5017 M5 21 14 19 22 8 15
K0247.1055X15 stal ljusgra RAL 7035 M5 21 14 19 22 8 15
K0247.1056X15 Stal trafikrott RAL 3020 M5 21 14 19 22 8 15
K0247.1057X15 stal rapsgul RAL 1021 M5 21 14 19 22 8 15
K0247.105X20 stal svartgra RAL 7021 M5 21 14 19 22 8 20
K0247.1051X20 Stal orange RAL 2004 M5 21 14 19 22 8 2
K0247.1052X20 stal signalgron RAL 6032 M5 21 14 19 22 8 20
K0247.1053X20 stal bl& RAL 5017 M5 21 14 19 22 8 20
K0247.1055X20 Stal ljusgra RAL 7035 M5 21 14 19 22 8 2
K0247.1056X20 stal trafikrott RAL 3020 M5 21 14 19 22 8 20
K0247.1057X20 stal rapsgul RAL 1021 M5 21 14 19 22 8 20
K0247.105X25 Stal svartgra RAL 7021 M5 21 14 19 22 8 25
K0247.1051X25 stal orange RAL 2004 M5 21 14 19 22 8 25
K0247.1052X25 stal signalgron RAL 6032 M5 21 14 19 22 8 25
K0247.1053X25 stal bl& RAL 5017 M5 21 14 19 22 8 25
K0247.1055X25 stal ljusgra RAL 7035 M5 21 14 19 22 8 25
K0247.1056X25 stal trafikrott RAL 3020 M5 21 14 19 22 8 25
K0247.1057X25 Stal rapsgul RAL 1021 M5 21 14 19 22 8 25
K0247.106X15 stal svartgré RAL 7021 M6 21 14 19 22 8 15
K0247.1061X15 stal orange RAL 2004 M6 21 14 19 22 8 15
K0247.1062X15 Stal signalgron RAL 6032 M6 21 14 19 22 8 15
K0247.1063X15 stal bl& RAL 5017 M6 21 14 19 22 8 15
K0247.1065X15 Stal ljusgra RAL 7035 M6 21 14 19 22 8 15
K0247.1066X15 stal trafikrott RAL 3020 M6 21 14 19 22 8 15
K0247.1067X15 stal rapsgul RAL 1021 M6 21 14 19 22 8 15
K0247.106X20 stal svartgré RAL 7021 M6 21 14 19 22 8 20
K0247.1061X20 stal orange RAL 2004 M6 21 14 19 22 8 2
K0247.1062X20 stal signalgron RAL 6032 M6 21 14 19 22 8 20
K0247.1063X20 Stal bla RAL 5017 M6 21 14 19 22 8 2
K0247.1065X20 stal ljusgré RAL 7035 M6 21 14 19 22 8 2
K0247.1066X20 stal trafikrott RAL 3020 M6 21 14 19 22 8 20
K0247.1067X20 Stal rapsgul RAL 1021 M6 21 14 19 22 8 2
K0247.106X25 Stal svartgré RAL 7021 M6 21 14 19 22 8 25
K0247.1061X25 stal orange RAL 2004 M6 21 14 19 22 8 25
K0247.1062X25 Stal signalgron RAL 6032 M6 21 14 19 22 8 25
K0247.1063X25 stal bl& RAL 5017 M6 21 14 19 22 8 25
K0247.1065X25 stal ljusgra RAL 7035 M6 21 14 19 22 8 25
K0247.1066X25 Stal trafikrott RAL 3020 M6 21 14 19 22 8 25
K0247.1067X25 stal rapsgul RAL 1021 M6 21 14 19 22 8 25
K0247.106X30 stal svartgra RAL 7021 M6 21 14 19 22 8 30
K0247.1061X30 Stal orange RAL 2004 M6 21 14 19 22 8 30
K0247.1062X30 stal signalgron RAL 6032 M6 21 14 19 22 8 30
K0247.1063X30 stal bl& RAL 5017 M6 21 14 19 22 8 30
K0247.1065X30 Stal ljusgra RAL 7035 M6 21 14 19 22 8 30
K0247.1066X30 stal trafikrott RAL 3020 M6 21 14 19 22 8 30
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Rafflade knoppar med ytterganga
Artikeloversikt
Bestéllningsnr. Material Férg D DI D2 D3 H H1 L
lock
K0247.1067X30 stal rapsgul RAL 1021 M6 21 14 19 22 8 30
K0247.208X20 stal svartgré RAL 7021 M8 26 18 23 26 95 20
K0247.2081X20 stal orange RAL 2004 M8 26 18 23 26 95 20
K0247.2082X20 stal signalgron RAL 6032 M8 26 18 23 26 95 20
K0247.2083X20 Stal bl& RAL 5017 M8 26 18 23 26 95 20
K0247.2085X20 stal ljusgra RAL 7035 M8 26 18 23 26 95 20
K0247.2086X20 e trafikrdtt RAL 3020 M8 26 18 23 26 95 20
K0247.2087X20 Stal rapsgul RAL 1021 M8 26 18 23 26 95 20
K0247.208X25 Stal svartgré RAL 7021 M8 26 18 23 26 95 25
K0247.2081X25 stal orange RAL 2004 M8 26 18 23 26 95 25
K0247.2082X25 Stal signalgron RAL 6032 M8 26 18 23 26 95 25
K0247.2083X25 stal bl& RAL 5017 M8 26 18 23 26 95 25
K0247.2085X25 e ljusgra RAL 7035 M8 26 18 23 26 95 25
K0247.2086X25 Stal trafikrott RAL 3020 M8 26 18 23 26 95 25
K0247.2087X25 stal rapsgul RAL 1021 M8 26 18 23 26 95 25
K0247.208X30 stal svartgra RAL 7021 M8 26 18 23 26 95 30
K0247.2081X30 Stal orange RAL 2004 M8 26 18 23 26 95 30
K0247.2082X30 stal signalgron RAL 6032 M8 26 18 23 26 95 30
K0247.2083X30 stal bl& RAL 5017 M8 26 18 23 26 95 30
K0247.2085X30 Stal ljusgra RAL 7035 M8 26 18 23 26 95 30
K0247.2086X30 stal trafikrott RAL 3020 M8 26 18 23 26 95 30
K0247.2087X30 stal rapsgul RAL 1021 M8 26 18 23 26 95 30
K0247.208X40 Stal svartgra RAL 7021 M8 26 18 23 26 95 40
K0247.2081X40 stal orange RAL 2004 M8 26 18 23 26 95 40
K0247.2082X40 stal signalgron RAL 6032 M8 26 18 23 26 95 40
K0247.2083X40 Stal bl& RAL 5017 M8 26 18 23 26 95 40
K0247.2085X40 stal ljusgra RAL 7035 M8 26 18 23 26 95 40
K0247.2086X40 stal trafikrott RAL 3020 M8 26 18 23 26 95 40
K0247.2087X40 Stal rapsgul RAL 1021 M8 26 18 23 26 95 40
K0247.310X20 stal svartgré RAL 7021 MO 34 22 31 3 13 20
K0247.3101X20 stal orange RAL 2004 MIO 34 22 31 3 13 20
K0247.3102X20 stal signalgron RAL 6032 MIO 34 22 31 3 13 20
K0247.3103X20 stal bl& RAL 5017 MO 34 22 31 3 13 20
K0247.3105X20 stal ljusgra RAL 7035 MIO 34 22 31 3 13 20
K0247.3106X20 Stal trafikrott RAL 3020 MIO 34 22 31 3 13 20
K0247.3107X20 stal rapsgul RAL 1021 MO 34 22 31 3 13 20
K0247.310X30 stal svartgré RAL 7021 MIO 34 22 31 3 13 30
K0247.3101X30 Stal orange RAL 2004 MI0O 34 22 31 3 13 30
K0247.3102X30 stal signalgron RAL 6032 MO 34 22 31 3 13 30
K0247.3103X30 Stal bl& RAL 5017 MIO 34 22 31 3 13 30
K0247.3105X30 stal ljusgra RAL 7035 MI0O 34 22 31 3 13 30
K0247.3106X30 stal trafikrott RAL 3020 MO 34 22 31 3 13 30
K0247.3107X30 stal rapsgul RAL 1021 MI0O 34 22 31 3 13 30
K0247.310X40 stal svartgré RAL 7021 MI0O 34 22 31 36 13 40
K0247.3101X40 stal orange RAL 2004 MO 34 22 31 36 13 40
K0247.3102X40 Stal signalgron RAL 6032 MIO 34 22 31 36 13 40
K0247.3103X40 stal bl& RAL 5017 MI0O 34 22 31 36 13 40
K0247.3105X40 stal ljusgra RAL 7035 MI0O 34 22 31 36 13 40
K0247.3106X40 Stal trafikrott RAL 3020 MIO 34 22 31 36 13 40
K0247.3107X40 Stal rapsgul RAL 1021 MO 34 22 31 36 13 40
K0247.0105X10 rostfritt stal svartgré RAL 7021 M5 21 14 19 22 8 10
K0247.01051X10 rostfritt stal orange RAL 2004 M5 21 14 19 22 8 10
K0247.01052X10 rostfritt stal signalgron RAL 6032 M5 21 14 19 22 8 10
K0247.01053X10 rostfritt stal bl& RAL 5017 M5 21 14 19 22 8 10
K0247.01055X10 rostfritt stal ljusgra RAL 7035 M5 21 14 19 22 8 10
K0247.01056X10 rostfritt stal trafikrott RAL 3020 M5 21 14 19 22 8 10
K0247.01057X10 rostfritt stal rapsgul RAL 1021 M5 21 14 19 22 8 10
K0247.0105X12 rostfritt stal svartgré RAL 7021 M5 21 14 19 22 8 12
K0247.01051X12 rostfritt stal orange RAL 2004 M5 21 14 19 22 8 12
K0247.01052X12 rostfritt stal signalgron RAL 6032 M5 21 14 19 22 8 12
K0247.01053X12 rostfritt stal bl& RAL 5017 M5 21 14 19 22 8 12
K0247.01055X12 rostfritt stal ljusgra RAL 7035 M5 21 14 19 22 8 12
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Rafflade knoppar med ytterganga
Artikeloversikt
Bestéllningsnr. Material Férg D DI D2 D3 H H1 L
lock

K0247.01056X12 rostfritt stal trafikrétt RAL 3020 M5 21 14 19 22 8 12
K0247.01057X12 rostfritt stal rapsgul RAL 1021 M5 21 14 19 22 8 12
K0247.0105X15 rostfritt stal svartgré RAL 7021 M5 21 14 19 22 8 15
K0247.01051X15 rostfritt stal orange RAL 2004 M5 21 14 19 22 8 15
K0247.01052X15 rostfritt stal signalgron RAL 6032 M5 21 14 19 22 8 15
K0247.01053X15 rostfritt stal bla RAL 5017 M5 21 14 19 22 8 15
K0247.01055X15 rostfritt stal ljusgra RAL 7035 M5 21 14 19 22 8 15
K0247.01056X15 rostfritt stal trafikrott RAL 3020 M5 21 14 19 22 8 15
K0247.01057X15 rostfritt stal rapsgul RAL 1021 M5 21 14 19 22 8 15
K0247.0105X20 rostfritt stal svartgra RAL 7021 M5 21 14 19 22 8 20
K0247.01051X20 rostfritt stal orange RAL 2004 M5 21 14 19 22 8 20
K0247.01052X20 rostfritt stal signalgron RAL 6032 M5 21 14 19 22 8 20
K0247.01053X20 rostfritt stal bld RAL 5017 M5 21 14 19 22 8 20
K0247.01055X20 rostfritt stal ljusgra RAL 7035 M5 21 14 19 22 8 20
K0247.01056X20 rostfritt stal trafikrétt RAL 3020 M5 21 14 19 22 8 20
K0247.01057X20 rostfritt stal rapsgul RAL 1021 M5 21 14 19 22 8 20
K0247.0105X25 rostfritt stal svartgra RAL 7021 M5 21 14 19 22 8 25
K0247.01051X25 rostfritt stal orange RAL 2004 M5 21 14 19 22 8 25
K0247.01052X25 rostfritt stal signalgron RAL 6032 M5 21 14 19 22 8 25
K0247.01053X25 rostfritt stal bla RAL 5017 M5 21 14 19 22 8 25
K0247.01055X25 rostfritt stal ljusgra RAL 7035 M5 21 14 19 22 8 25
K0247.01056X25 rostfritt stal trafikrott RAL 3020 M5 21 14 19 22 8 25
K0247.01057X25 rostfritt stal rapsgul RAL 1021 M5 21 14 19 22 8 25
K0247.0106X15 rostfritt stal svartgra RAL 7021 M6 21 14 19 22 8 15
K0247.01061X15 rostfritt stal orange RAL 2004 M6 21 14 19 22 8 15
K0247.01062X15 rostfritt stal signalgron RAL 6032 M6 21 14 19 22 8 15
K0247.01063X15 rostfritt stal bld RAL 5017 M6 21 14 19 22 8 15
K0247.01065X15 rostfritt stal ljusgra RAL 7035 M6 21 14 19 22 8 15
K0247.01066X15 rostfritt stal trafikrétt RAL 3020 M6 21 14 19 22 8 15
K0247.01067X15 rostfritt stal rapsgul RAL 1021 M6 21 14 19 22 8 15
K0247.0106X20 rostfritt stal svartgra RAL 7021 M6 21 14 19 22 8 20
K0247.01061X20 rostfritt stal orange RAL 2004 M6 21 14 19 22 8 20
K0247.01062X20 rostfritt stal signalgron RAL 6032 M6 21 14 19 22 8 20
K0247.01063X20 rostfritt stal bld RAL 5017 M6 21 14 19 22 8 20
K0247.01065X20 rostfritt stal ljusgra RAL 7035 M6 21 14 19 22 8 20
K0247.01066X20 rostfritt stal trafikrétt RAL 3020 M6 21 14 19 22 8 20
K0247.01067X20 rostfritt stal rapsgul RAL 1021 M6 21 14 19 22 8 20
K0247.0106X25 rostfritt stal svartgré RAL 7021 M6 21 14 19 22 8 25
K0247.01061X25 rostfritt stal orange RAL 2004 M6 21 14 19 22 8 25
K0247.01062X25 rostfritt stal signalgron RAL 6032 M6 21 14 19 22 8 25
K0247.01063X25 rostfritt stal bla RAL 5017 M6 21 14 19 22 8 25
K0247.01065X25 rostfritt stal ljusgra RAL 7035 M6 21 14 19 22 8 25
K0247.01066X25 rostfritt stal trafikrott RAL 3020 M6 21 14 19 22 8 25
K0247.01067X25 rostfritt stal rapsgul RAL 1021 M6 21 14 19 22 8 25
K0247.0106X30 rostfritt stal svartgra RAL 7021 M6 21 14 19 22 8 30
K0247.01061X30 rostfritt stal orange RAL 2004 M6 21 14 19 22 8 30
K0247.01062X30 rostfritt stal signalgron RAL 6032 M6 21 14 19 22 8 30
K0247.01063X30 rostfritt stal bld RAL 5017 M6 21 14 19 22 8 30
K0247.01065X30 rostfritt stal ljusgra RAL 7035 M6 21 14 19 22 8 30
K0247.01066X30 rostfritt stal trafikrétt RAL 3020 M6 21 14 19 22 8 30
K0247.01067X30 rostfritt stal rapsgul RAL 1021 M6 21 14 19 22 8 30
K0247.0208X20 rostfritt stal svartgra RAL 7021 M8 26 18 23 26 95 20
K0247.02081X20 rostfritt stal orange RAL 2004 M8 26 18 23 26 95 20
K0247.02082X20 rostfritt stal signalgron RAL 6032 M8 26 18 23 26 95 20
K0247.02083X20 rostfritt stal bla RAL 5017 M8 26 18 23 26 95 20
K0247.02085X20 rostfritt stal ljusgra RAL 7035 M8 26 18 23 26 95 20
K0247.02086X20 rostfritt stal trafikrott RAL 3020 M8 26 18 23 26 95 20
K0247.02087X20 rostfritt stal rapsgul RAL 1021 M8 26 18 23 26 95 20
K0247.0208X25 rostfritt stal svartgré RAL 7021 M8 26 18 23 26 95 25
K0247.02081X25 rostfritt stal orange RAL 2004 M8 26 18 23 26 95 25
K0247.02082X25 rostfritt stal signalgron RAL 6032 M8 26 18 23 26 95 25
K0247.02083X25 rostfritt stal bla RAL 5017 M8 26 18 23 26 95 25
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Artikeloversikt
Bestéllningsnr. Material Férg D DI D2 D3 H H1 L
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K0247.02085X25 rostfritt stal ljusgra RAL 7035 M8 26 18 23 26 95 25
K0247.02086X25 rostfritt stal trafikrott RAL 3020 M8 26 18 23 26 95 25
K0247.02087X25 rostfritt stal rapsgul RAL 1021 M8 26 18 23 26 95 25
K0247.0208X30 rostfritt stal svartgra RAL 7021 M8 26 18 23 26 95 30
K0247.02081X30 rostfritt stal orange RAL 2004 M8 26 18 23 26 95 30
K0247.02082X30 rostfritt stal signalgron RAL 6032 M8 26 18 23 26 95 30
K0247.02083X30 rostfritt stal bld RAL 5017 M8 26 18 23 26 95 30
K0247.02085X30 rostfritt stal ljusgra RAL 7035 M8 26 18 23 26 95 30
K0247.02086X30 rostfritt stal trafikrott RAL 3020 M8 26 18 23 26 95 30
K0247.02087X30 rostfritt stal rapsgul RAL 1021 M8 26 18 23 26 95 30
K0247.0208X40 rostfritt stal svartgra RAL 7021 M8 26 18 23 26 95 40
K0247.02081X40 rostfritt stal orange RAL 2004 M8 26 18 23 26 95 40
K0247.02082X40 rostfritt stal signalgron RAL 6032 M8 26 18 23 26 95 40
K0247.02083X40 rostfritt stal bld RAL 5017 M8 26 18 23 26 95 40
K0247.02085X40 rostfritt stal ljusgra RAL 7035 M8 26 18 23 26 95 40
K0247.02086X40 rostfritt stal trafikrott RAL 3020 M8 26 18 23 26 95 40
K0247.02087X40 rostfritt stal rapsgul RAL 1021 M8 26 18 23 26 95 40
K0247.0310X20 rostfritt stal svartgré RAL 7021 M10 34 22 31 36 13 20
K0247.03101X20 rostfritt stal orange RAL 2004 M10 34 22 31 36 13 20
K0247.03102X20 rostfritt stal signalgron RAL 6032 M10 34 22 31 3B 13 20
K0247.03103X20 rostfritt stal bla RAL 5017 M10 34 22 31 36 13 20
K0247.03105X20 rostfritt stal ljusgra RAL 7035 M10 34 22 31 36 13 20
K0247.03106X20 rostfritt stal trafikrott RAL 3020 M10 34 22 31 3B 13 20
K0247.03107X20 rostfritt stal rapsgul RAL 1021 M10 34 22 31 36 13 20
K0247.0310X30 rostfritt stal svartgra RAL 7021 M10 34 22 31 36 13 30
K0247.03101X30 rostfritt stal orange RAL 2004 M10 34 22 31 36 13 30
K0247.03102X30 rostfritt stal signalgron RAL 6032 M10 34 22 31 36 13 30
K0247.03103X30 rostfritt stal bld RAL 5017 M10 34 22 31 36 13 30
K0247.03105X30 rostfritt stal ljusgra RAL 7035 M10 34 22 31 36 13 30
K0247.03106X30 rostfritt stal trafikrott RAL 3020 M10 34 22 31 36 13 30
K0247.03107X30 rostfritt stal rapsgul RAL 1021 M10 34 22 31 36 13 30
K0247.0310X40 rostfritt stal svartgré RAL 7021 M10 34 22 31 36 13 40
K0247.03101X40 rostfritt stal orange RAL 2004 M10 34 22 31 36 13 40
K0247.03102X40 rostfritt stal signalgrén RAL 6032 M10 34 22 31 36 13 40
K0247.03103X40 rostfritt stal bla RAL 5017 M10 34 22 31 36 13 40
K0247.03105X40 rostfritt stal ljusgra RAL 7035 M10 34 22 31 36 13 40
K0247.03106X40 rostfritt stal trafikrott RAL 3020 M10 34 22 31 36 13 40
K0247.03107X40 rostfritt stal rapsgul RAL 1021 M10 34 22 31 36 13 40
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