Vinghandtag med ytterganga

Artikelbeskrivning/produktbilder
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Beskrivning

Material:
Termoplast, svartgra.

Géngbult av stal 5.8 eller rostfritt stal 1.4305.

Utforande:
Stal blakromaterat eller blankt rostfritt stal.
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Artikeloversikt
Bestéllningsnr. Material Farg A B D D2 H H1 L
komponent lock
K0274.904X10 stal svartgra RAL 7021 38 45 M4 12 18 8,5 10
K0274.9045X10 stal ljusgra RAL 7035 38 45 M4 12 18 8,5 10
K0274.9046X10 stal trafikrott RAL 3020 38 45 M4 12 18 8,5 10
K0274.9047X10 stal rapsgul RAL 1021 38 45 M4 12 18 8,5 10
K0274.904X15 stal svartgra RAL 7021 38 45 M4 12 18 8,5 15
K0274.9045X15 stal ljusgra RAL 7035 38 45 M4 12 18 8,5 15
K0274.9046X15 stal trafikrott RAL 3020 38 45 M4 12 18 8,5 15
K0274.9047X15 stal rapsgul RAL 1021 38 45 M4 12 18 8,5 15
K0274.905X15 stal svartgra RAL 7021 38 45 M5 12 18 8,5 15
K0274.9055X15 stal ljusgra RAL 7035 38 45 M5 12 18 8,5 15
K0274.9056X15 stal trafikrott RAL 3020 38 45 M5 12 18 8,5 15
K0274.9057X15 stal rapsgul RAL 1021 38 45 M5 12 18 8,5 15
K0274.905X20 stal svartgra RAL 7021 38 45 M5 12 18 8,5 20
K0274.9055X20 stal ljusgra RAL 7035 38 45 M5 12 18 8,5 20
K0274.9056X20 stal trafikrott RAL 3020 38 45 M5 12 18 8,5 20
K0274.9057X20 stal rapsgul RAL 1021 38 45 M5 12 18 8,5 20
K0274.905X30 stal svartgra RAL 7021 38 45 M5 12 18 8,5 30
K0274.9055X30 stal ljusgra RAL 7035 38 45 M5 12 18 8,5 30
K0274.9056X30 stal trafikrott RAL 3020 38 45 M5 12 18 8,5 30
K0274.9057X30 stal rapsgul RAL 1021 38 45 M5 12 18 8,5 30
K0274.906X20 stal svartgra RAL 7021 38 45 M6 12 18 8,5 20
K0274.9065X20 stal ljusgra RAL 7035 38 45 M6 12 18 8,5 20
K0274.9066X20 stal trafikrott RAL 3020 38 45 M6 12 18 8,5 20
K0274.9067X20 stal rapsgul RAL 1021 38 45 M6 12 18 8,5 20
K0274.906X30 stal svartgra RAL 7021 38 45 M6 12 18 8,5 30
K0274.9065X30 stal ljusgra RAL 7035 38 45 M6 12 18 8,5 30
K0274.9066X30 stal trafikrott RAL 3020 38 45 M6 12 18 8,5 30
K0274.9067X30 stal rapsgul RAL 1021 38 45 M6 12 18 8,5 30
K0274.906X40 stal svartgra RAL 7021 38 45 M6 12 18 8,5 40
K0274.9065X40 stal ljusgra RAL 7035 38 45 M6 12 18 8,5 40
K0274.9066X40 stal trafikrott RAL 3020 38 45 M6 12 18 8,5 40
K0274.9067X40 stal rapsgul RAL 1021 38 45 M6 12 18 8,5 40
K0274.105X15 stal svartgra RAL 7021 50 5 M5 14 24 11,5 15
K0274.1055X15 stal ljusgra RAL 7035 50 5 M5 14 24 11,5 15
K0274.1056X15 stal trafikrott RAL 3020 50 5 M5 14 24 11,5 15
K0274.1057X15 stal rapsgul RAL 1021 50 5 M5 14 24 11,5 15
K0274.105X20 stal svartgra RAL 7021 50 5 M5 14 24 11,5 20
K0274.1055X20 stal ljusgra RAL 7035 50 5 M5 14 24 11,5 20
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K0274.1056X20 stal trafikrott RAL 3020 50 5 M5 14 24 11,5 20
K0274.1057X20 stal rapsgul RAL 1021 50 5 M5 14 24 11,5 20

K0274.106X20 stal svartgra RAL 7021 50 5 M6 14 24 11,5 20
K0274.1065X20 stal ljusgra RAL 7035 50 5 M6 14 24 11,5 20
K0274.1066X20 stal trafikrott RAL 3020 50 5 M6 14 24 11,5 20
K0274.1067X20 stal rapsgul RAL 1021 50 5 M6 14 24 11,5 20

K0274.106X30 stal svartgra RAL 7021 50 5 M6 14 24 11,5 30
K0274.1065X30 stal ljusgra RAL 7035 50 5 M6 14 24 11,5 30
K0274.1066X30 stal trafikrott RAL 3020 50 5 M6 14 24 11,5 30
K0274.1067X30 stal rapsgul RAL 1021 50 5 M6 14 24 11,5 30

K0274.106X40 stal svartgra RAL 7021 50 5 M6 14 24 11,5 40
K0274.1065X40 stal ljusgra RAL 7035 50 5 M6 14 24 11,5 40
K0274.1066X40 stal trafikrott RAL 3020 50 5 M6 14 24 11,5 40
K0274.1067X40 stal rapsgul RAL 1021 50 5 M6 14 24 11,5 40

K0274.108X20 stal svartgra RAL 7021 50 5 M8 14 24 11,5 20
K0274.1085X20 stal ljusgra RAL 7035 50 5 M8 14 24 11,5 20
K0274.1086X20 stal trafikrott RAL 3020 50 5 M8 14 24 11,5 20
K0274.1087X20 stal rapsgul RAL 1021 50 5 M8 14 24 11,5 20

K0274.108X30 stal svartgra RAL 7021 50 5 M8 14 24 11,5 30
K0274.1085X30 stal ljusgra RAL 7035 50 5 M8 14 24 11,5 30
K0274.1086X30 stal trafikrott RAL 3020 50 5 M8 14 24 11,5 30
K0274.1087X30 stal rapsgul RAL 1021 50 5 M8 14 24 11,5 30

K0274.108X40 stal svartgra RAL 7021 50 5 M8 14 24 11,5 40
K0274.1085X40 stal ljusgra RAL 7035 50 5 M8 14 24 11,5 40
K0274.1086X40 stal trafikrott RAL 3020 50 5 M8 14 24 11,5 40
K0274.1087X40 stal rapsgul RAL 1021 50 5 M8 14 24 11,5 40

K0274.208X20 stal svartgra RAL 7021 75 7 M8 21 35,6 16,5 20
K0274.2085X20 stal ljusgra RAL 7035 75 7 M8 21 35,6 16,5 20
K0274.2086X20 stal trafikrott RAL 3020 75 7 M8 21 35,6 16,5 20
K0274.2087X20 stal rapsgul RAL 1021 75 7 M8 21 35,6 16,5 20

K0274.208X30 stal svartgra RAL 7021 75 7 M8 21 35,6 16,5 30
K0274.2085X30 stal ljusgra RAL 7035 75 7 M8 21 35,6 16,5 30
K0274.2086X30 stal trafikrott RAL 3020 75 7 M8 21 35,6 16,5 30
K0274.2087X30 stal rapsgul RAL 1021 75 7 M8 21 35,6 16,5 30

K0274.208X40 stal svartgra RAL 7021 75 7 M8 21 35,6 16,5 40
K0274.2085X40 stal ljusgra RAL 7035 75 7 M8 21 35,6 16,5 40
K0274.2086X40 stal trafikrott RAL 3020 75 7 M8 21 35,6 16,5 40
K0274.2087X40 stal rapsgul RAL 1021 75 7 M8 21 35,6 16,5 40

K0274.210X20 stal svartgra RAL 7021 75 7 M10 21 35,6 16,5 20
K0274.2105X20 stal ljusgra RAL 7035 75 7 M10 21 35,6 16,5 20
K0274.2106X20 stal trafikrott RAL 3020 75 7 M10 21 35,6 16,5 20
K0274.2107X20 stal rapsgul RAL 1021 75 7 M10 21 35,6 16,5 20

K0274.210X30 stal svartgra RAL 7021 75 7 M10 21 35,6 16,5 30
K0274.2105X30 stal ljusgra RAL 7035 75 7 M10 21 35,6 16,5 30
K0274.2106X30 stal trafikrott RAL 3020 75 7 M10 21 35,6 16,5 30
K0274.2107X30 stal rapsgul RAL 1021 75 7 M10 21 35,6 16,5 30

K0274.210X40 stal svartgra RAL 7021 75 7 M10 21 35,6 16,5 40
K0274.2105X40 stal ljusgra RAL 7035 75 7 M10 21 35,6 16,5 40
K0274.2106X40 stal trafikrott RAL 3020 75 7 M10 21 35,6 16,5 40
K0274.2107X40 stal rapsgul RAL 1021 75 7 M10 21 35,6 16,5 40

K0274.210X50 stal svartgra RAL 7021 75 7 M10 21 35,6 16,5 50
K0274.2105X50 stal ljusgra RAL 7035 75 7 M10 21 35,6 16,5 50
K0274.2106X50 stal trafikrott RAL 3020 75 7 M10 21 35,6 16,5 50
K0274.2107X50 stal rapsgul RAL 1021 75 7 M10 21 35,6 16,5 50
K0274.0904X10 rostfritt stal svartgra RAL 7021 38 45 M4 12 18 8,5 10
K0274.09045X10 rostfritt stal ljusgra RAL 7035 38 45 M4 12 18 8,5 10
K0274.09046X10 rostfritt stal trafikrott RAL 3020 38 45 M4 12 18 8,5 10
K0274.09047X10 rostfritt stal rapsgul RAL 1021 38 45 M4 12 18 8,5 10
K0274.0904X15 rostfritt stal svartgra RAL 7021 38 45 M4 12 18 8,5 15
K0274.09045X15 rostfritt stal ljusgra RAL 7035 38 45 M4 12 18 8,5 15
K0274.09046X15 rostfritt stal trafikrott RAL 3020 38 45 M4 12 18 8,5 15
K0274.09047X15 rostfritt stal rapsgul RAL 1021 38 45 M4 12 18 8,5 15
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K0274.0905X15 rostfritt stal svartgra RAL 7021 38 45 M5 12 18 8,5 15
K0274.09055X15 rostfritt stal ljusgra RAL 7035 38 45 M5 12 18 8,5 15
K0274.09056X15 rostfritt stal trafikrott RAL 3020 38 45 M5 12 18 8,5 15
K0274.09057X15 rostfritt stal rapsgul RAL 1021 38 45 M5 12 18 8,5 15
K0274.0905X20 rostfritt stal svartgra RAL 7021 38 45 M5 12 18 8,5 20
K0274.09055X20 rostfritt stal ljusgra RAL 7035 38 45 M5 12 18 8,5 20
K0274.09056X20 rostfritt stal trafikrott RAL 3020 38 45 M5 12 18 8,5 20
K0274.09057X20 rostfritt stal rapsgul RAL 1021 38 45 M5 12 18 8,5 20
K0274.0905X30 rostfritt stal svartgra RAL 7021 38 45 M5 12 18 8,5 30
K0274.09055X30 rostfritt stal ljusgra RAL 7035 38 45 M5 12 18 8,5 30
K0274.09056X30 rostfritt stal trafikrott RAL 3020 38 45 M5 12 18 8,5 30
K0274.09057X30 rostfritt stal rapsgul RAL 1021 38 45 M5 12 18 8,5 30
K0274.0906X20 rostfritt stal svartgra RAL 7021 38 45 M6 12 18 8,5 20
K0274.09065X20 rostfritt stal ljusgra RAL 7035 38 45 M6 12 18 8,5 20
K0274.09066X20 rostfritt stal trafikrott RAL 3020 38 45 M6 12 18 8,5 20
K0274.09067X20 rostfritt stal rapsgul RAL 1021 38 45 M6 12 18 8,5 20
K0274.0906X30 rostfritt stal svartgra RAL 7021 38 45 M6 12 18 8,5 30
K0274.09065X30 rostfritt stal ljusgra RAL 7035 38 45 M6 12 18 8,5 30
K0274.09066X30 rostfritt stal trafikrott RAL 3020 38 45 M6 12 18 8,5 30
K0274.09067X30 rostfritt stal rapsgul RAL 1021 38 45 M6 12 18 8,5 30
K0274.0906X40 rostfritt stal svartgra RAL 7021 38 45 M6 12 18 8,5 40
K0274.09065X40 rostfritt stal ljusgra RAL 7035 38 45 M6 12 18 8,5 40
K0274.09066X40 rostfritt stal trafikrott RAL 3020 38 45 M6 12 18 8,5 40
K0274.09067X40 rostfritt stal rapsgul RAL 1021 38 45 M6 12 18 8,5 40
K0274.0105X15 rostfritt stal svartgra RAL 7021 5 5 M5 14 24 15 15
K0274.01055X15 rostfritt stal ljusgra RAL 7035 50 5 M5 14 24 11,5 15
K0274.01056X15 rostfritt stal trafikrott RAL 3020 50 5 M5 14 24 11,5 15
K0274.01057X15 rostfritt stal rapsgul RAL 1021 50 5 M5 14 24 11,5 15
K0274.0105X20 rostfritt stal svartgra RAL 7021 50 5 M5 14 24 11,5 20
K0274.01055X20 rostfritt stal ljusgra RAL 7035 50 5 M5 14 24 11,5 20
K0274.01056X20 rostfritt stal trafikrott RAL 3020 50 5 M5 14 24 11,5 20
K0274.01057X20 rostfritt stal rapsgul RAL 1021 50 5 M5 14 24 11,5 20
K0274.0106X20 rostfritt stal svartgra RAL 7021 50 5 M6 14 24 11,5 20
K0274.01065X20 rostfritt stal ljusgra RAL 7035 50 5 M6 14 24 11,5 20
K0274.01066X20 rostfritt stal trafikrott RAL 3020 50 5 M6 14 24 11,5 20
K0274.01067X20 rostfritt stal rapsgul RAL 1021 50 5 M6 14 24 11,5 20
K0274.0106X30 rostfritt stal svartgra RAL 7021 50 5 M6 14 24 11,5 30
K0274.01065X30 rostfritt stal ljusgra RAL 7035 50 5 M6 14 24 11,5 30
K0274.01066X30 rostfritt stal trafikrott RAL 3020 50 5 M6 14 24 11,5 30
K0274.01067X30 rostfritt stal rapsgul RAL 1021 50 5 M6 14 24 11,5 30
K0274.0106X40 rostfritt stal svartgra RAL 7021 50 5 M6 14 24 11,5 40
K0274.01065X40 rostfritt stal ljusgra RAL 7035 50 5 M6 14 24 11,5 40
K0274.01066X40 rostfritt stal trafikrott RAL 3020 50 5 M6 14 24 11,5 40
K0274.01067X40 rostfritt stal rapsgul RAL 1021 50 5 M6 14 24 11,5 40
K0274.0108X20 rostfritt stal svartgra RAL 7021 50 5 M8 14 24 11,5 20
K0274.01085X20 rostfritt stal ljusgra RAL 7035 50 5 M8 14 24 11,5 20
K0274.01086X20 rostfritt stal trafikrott RAL 3020 50 5 M8 14 24 11,5 20
K0274.01087X20 rostfritt stal rapsgul RAL 1021 50 5 M8 14 24 11,5 20
K0274.0108X30 rostfritt stal svartgra RAL 7021 50 5 M8 14 24 11,5 30
K0274.01085X30 rostfritt stal ljusgra RAL 7035 50 5 M8 14 24 11,5 30
K0274.01086X30 rostfritt stal trafikrott RAL 3020 50 5 M8 14 24 11,5 30
K0274.01087X30 rostfritt stal rapsgul RAL 1021 50 5 M8 14 24 11,5 30
K0274.0108X40 rostfritt stal svartgra RAL 7021 50 5 M8 14 24 11,5 40
K0274.01085X40 rostfritt stal ljusgra RAL 7035 50 5 M8 14 24 11,5 40
K0274.01086X40 rostfritt stal trafikrott RAL 3020 50 5 M8 14 24 11,5 40
K0274.01087X40 rostfritt stal rapsgul RAL 1021 50 5 M8 14 24 11,5 40
K0274.0208X20 rostfritt stal svartgra RAL 7021 75 7 M8 21 35,6 16,5 20
K0274.02085X20 rostfritt stal ljusgra RAL 7035 75 7 M8 21 35,6 16,5 20
K0274.02086X20 rostfritt stal trafikrott RAL 3020 75 7 M8 21 35,6 16,5 20
K0274.02087X20 rostfritt stal rapsgul RAL 1021 75 7 M8 21 35,6 16,5 20
K0274.0208X30 rostfritt stal svartgra RAL 7021 75 7 M8 21 35,6 16,5 30
K0274.02085X30 rostfritt stal ljusgra RAL 7035 75 7 M8 21 35,6 16,5 30
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K0274.02086X30 rostfritt stal trafikrott RAL 3020 %7 M8 21 35,6 165 30
K0274.02087X30 rostfritt stal rapsgul RAL 1021 7% 7 M8 21 35,6 16,5 30
K0274.0208X40 rostfritt stal svartgré RAL 7021 %7 M8 21 35,6 16,5 40
K0274.02085X40 rostfritt stal ljusgra RAL 7035 7 M8 21 35,6 16,5 40
K0274.02086X40 rostfritt stal trafikrott RAL 3020 7% 7 M8 21 35,6 16,5 40
K0274.02087X40 rostfritt stal rapsgul RAL 1021 %7 M8 21 35,6 16,5 40
K0274.0210X20 rostfritt stal svartgra RAL 7021 7% 7 M10 21 35,6 16,5 20
K0274.02105X20 rostfritt stal ljusgra RAL 7035 7% 7 M10 21 35,6 16,5 20
K0274.02106X20 rostfritt stal trafikrott RAL 3020 %7 M10 21 35,6 165 20
K0274.02107X20 rostfritt stal rapsgul RAL 1021 7% 7 M10 21 35,6 16,5 20
K0274.0210X30 rostfritt stal svartgra RAL 7021 75 7 M10 21 35,6 16,5 30
K0274.02105X30 rostfritt stal ljusgra RAL 7035 %7 M10 21 35,6 16,5 30
K0274.02106X30 rostfritt stal trafikrott RAL 3020 7% 7 M10 21 35,6 16,5 30
K0274.02107X30 rostfritt stal rapsgul RAL 1021 75 7 M10 21 35,6 16,5 30
K0274.0210X40 rostfritt stal svartgré RAL 7021 %7 M10 21 35,6 16,5 40
K0274.02105X40 rostfritt stal ljusgra RAL 7035 7% 7 M10 21 35,6 16,5 40
K0274.02106X40 rostfritt stal trafikrott RAL 3020 75 7 M10 21 35,6 16,5 40
K0274.02107X40 rostfritt stal rapsgul RAL 1021 %7 M10 21 35,6 16,5 40
K0274.0210X50 rostfritt stal svartgra RAL 7021 7% 7 M10 21 35,6 16,5 50
K0274.02105X50 rostfritt stal ljusgra RAL 7035 7% 7 M10 21 35,6 16,5 50
K0274.02106X50 rostfritt stal trafikrott RAL 3020 %7 M10 21 35,6 16,5 50
K0274.02107X50 rostfritt stal rapsgul RAL 1021 75 7 M10 21 35,6 16,5 50
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