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Rafflade rattar med ytterganga, Form L
Artikelbeskrivning/produktbilder
Beskrivning
Material:
Termoplast, svartgra.
Géngbult av stal 5.8.
Utforande:
Stal blakromaterat.
Svartgrétt Ren orange Signalgrént Trafikblitt
‘RALmﬂ ‘RALZUOA .RALGOSZ ‘RALEOW
Ljusgrétt Trafikrott Rapsgult
\\ RAL 7035 .RALSUZO ‘\\ RAL 1021
Ritningar
© T
1
iy
A
I 1
L
]
~d
| ;
D
=
D2
Artikeldversikt
Réfflade rattar med yttergédnga, Form L
Bestallningsnr. Form Férg Storlek D D1 D2 H Hl L
lock
K0260.5105X10 L svartgra RAL 7021 1 M5 40 165 31 13 10
K0260.51051X10 L orange RAL 2004 1 M5 40 165 31 13 10
K0260.51052X10 L signalgron RAL 6032 1 M5 40 165 31 13 10
K0260.51053X10 L bla RAL 5017 1 M5 40 165 31 13 10
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Rafflade rattar med ytterganga, Form L
Artikeldversikt
Bestéllningsnr. Form Farg Storlek D D1 D2 H H1 L
lock

K0260.51055X10 L ljusgra RAL 7035 1 M5 40 16,5 31 13 10
K0260.51056X10 L trafikrott RAL 3020 1 M5 40 16,5 31 13 10
K0260.51057X10 L rapsgul RAL 1021 1 M5 40 16,5 31 13 10
K0260.5105X20 L svartgra RAL 7021 1 M5 40 16,5 31 13 20
K0260.51051X20 L orange RAL 2004 1 M5 40 16,5 31 13 20
K0260.51052X20 L signalgron RAL 6032 1 M5 40 16,5 31 13 20
K0260.51053X20 L bla RAL 5017 1 M5 40 16,5 31 13 20
K0260.51055X20 L ljusgra RAL 7035 1 M5 40 16,5 31 13 20
K0260.51056X20 L trafikrott RAL 3020 1 M5 40 16,5 31 13 20
K0260.51057X20 L rapsgul RAL 1021 1 M5 40 16,5 31 13 20
K0260.5105X40 L svartgra RAL 7021 1 M5 40 16,5 31 13 40
K0260.51051X40 L orange RAL 2004 1 M5 40 16,5 31 13 40
K0260.51052X40 L signalgron RAL 6032 1 M5 40 16,5 31 13 40
K0260.51053X40 L bla RAL 5017 1 M5 40 16,5 31 13 40
K0260.51055X40 L ljusgra RAL 7035 1 M5 40 16,5 31 13 40
K0260.51056X40 L trafikrott RAL 3020 1 M5 40 16,5 31 13 40
K0260.51057X40 L rapsgul RAL 1021 1 M5 40 16,5 31 13 40
K0260.5106X10 L svartgra RAL 7021 1 M6 40 16,5 31 13 10
K0260.51061X10 L orange RAL 2004 1 M6 40 16,5 31 13 10
K0260.51062X10 L signalgron RAL 6032 1 M6 40 16,5 31 13 10
K0260.51063X10 L bla RAL 5017 1 M6 40 16,5 31 13 10
K0260.51065X10 L ljusgra RAL 7035 1 M6 40 165 31 13 10
K0260.51066X10 L trafikrott RAL 3020 1 M6 40 16,5 31 13 10
K0260.51067X10 L rapsgul RAL 1021 1 M6 40 16,5 31 13 10
K0260.5106X20 L svartgra RAL 7021 1 M6 40 16,5 31 13 20
K0260.51061X20 L orange RAL 2004 1 M6 40 16,5 31 13 20
K0260.51062X20 L signalgron RAL 6032 1 M6 40 16,5 31 13 20
K0260.51063X20 L bla RAL 5017 1 M6 40 16,5 31 13 20
K0260.51065X20 L ljusgra RAL 7035 1 M6 40 16,5 31 13 20
K0260.51066X20 L trafikrott RAL 3020 1 M6 40 16,5 31 13 20
K0260.51067X20 L rapsgul RAL 1021 1 M6 40 16,5 31 13 20
K0260.5106X40 L svartgra RAL 7021 1 M6 40 16,5 31 13 40
K0260.51061X40 L orange RAL 2004 1 M6 40 16,5 31 13 40
K0260.51062X40 L signalgron RAL 6032 1 M6 40 16,5 31 13 40
K0260.51063X40 L bla RAL 5017 1 M6 40 16,5 31 13 40
K0260.51065X40 L ljusgra RAL 7035 1 M6 40 16,5 31 13 40
K0260.51066X40 L trafikrott RAL 3020 1 M6 40 16,5 31 13 40
K0260.51067X40 L rapsgul RAL 1021 1 M6 40 16,5 31 13 40
K0260.5108X15 L svartgra RAL 7021 1 M8 40 16,5 31 13 15
K0260.51081X15 L orange RAL 2004 1 M8 40 16,5 31 13 15
K0260.51082X15 L signalgron RAL 6032 1 M8 40 16,5 31 13 15
K0260.51083X15 L bla RAL 5017 1 M8 40 16,5 31 13 15
K0260.51085X15 L ljusgra RAL 7035 1 M8 40 16,5 31 13 15
K0260.51086X15 L trafikrott RAL 3020 1 M8 40 16,5 31 13 15
K0260.51087X15 L rapsgul RAL 1021 1 M8 40 16,5 31 13 15
K0260.5108X30 L svartgra RAL 7021 1 M8 40 16,5 31 13 30
K0260.51081X30 L orange RAL 2004 1 M8 40 16,5 31 13 30
K0260.51082X30 L signalgron RAL 6032 1 M8 40 16,5 31 13 30
K0260.51083X30 L bla RAL 5017 1 M8 40 16,5 31 13 30
K0260.51085X30 L ljusgra RAL 7035 1 M8 40 16,5 31 13 30
K0260.51086X30 L trafikrott RAL 3020 1 M8 40 16,5 31 13 30
K0260.51087X30 L rapsgul RAL 1021 1 M8 40 16,5 31 13 30
K0260.5108X60 L svartgra RAL 7021 1 M8 40 16,5 31 13 60
K0260.51081X60 L orange RAL 2004 1 M8 40 165 31 13 60
K0260.51082X60 L signalgron RAL 6032 1 M8 40 16,5 31 13 60
K0260.51083X60 L bla RAL 5017 1 M8 40 16,5 31 13 60
K0260.51085X60 L ljusgra RAL 7035 1 M8 40 165 31 13 60
K0260.51086X60 L trafikrott RAL 3020 1 M8 40 16,5 31 13 60
K0260.51087X60 L rapsgul RAL 1021 1 M8 40 16,5 31 13 60
K0260.5208X15 L svartgra RAL 7021 2 M8 50 18 36 15 15
K0260.52081X15 L orange RAL 2004 2 M8 50 18 36 15 15
K0260.52082X15 L signalgron RAL 6032 2 M8 50 18 36 15 15
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Rafflade rattar med ytterganga, Form L
Artikeldversikt
Bestéllningsnr. Form Farg Storlek D D1 D2 H H1 L
lock

K0260.52083X15 L bla RAL 5017 2 M8 50 18 36 15 15
K0260.52085X15 L ljusgra RAL 7035 2 M8 50 18 36 15 15
K0260.52086X15 L trafikrott RAL 3020 2 M8 50 18 36 15 15
K0260.52087X15 L rapsgul RAL 1021 2 M8 50 18 36 15 15
K0260.5208X30 L svartgra RAL 7021 2 M8 50 18 36 15 30
K0260.52081X30 L orange RAL 2004 2 M8 50 18 36 15 30
K0260.52082X30 L signalgron RAL 6032 2 M8 50 18 36 15 30
K0260.52083X30 L bla RAL 5017 2 M8 50 18 36 15 30
K0260.52085X30 L ljusgra RAL 7035 2 M8 50 18 36 15 30
K0260.52086X30 L trafikrott RAL 3020 2 M8 50 18 3% 15 30
K0260.52087X30 L rapsgul RAL 1021 2 M8 50 18 36 15 30
K0260.5208X60 L svartgra RAL 7021 2 M8 50 18 36 15 60
K0260.52081X60 L orange RAL 2004 2 M8 50 18 3% 15 60
K0260.52082X60 L signalgron RAL 6032 2 M8 50 18 36 15 60
K0260.52083X60 L bla RAL 5017 2 M8 50 18 36 15 60
K0260.52085X60 L ljusgra RAL 7035 2 M8 50 18 3% 15 60
K0260.52086X60 L trafikrott RAL 3020 2 M8 50 18 36 15 60
K0260.52087X60 L rapsgul RAL 1021 2 M8 50 18 36 15 60
K0260.5210X20 L svartgra RAL 7021 2 M10 50 18 36 15 20
K0260.52101X20 L orange RAL 2004 2 M10 50 18 36 15 20
K0260.52102X20 L signalgron RAL 6032 2 M10 50 18 36 15 20
K0260.52103X20 L bla RAL 5017 2 M10 50 18 36 15 20
K0260.52105X20 L ljusgra RAL 7035 2 M10 50 18 36 15 20
K0260.52106X20 L trafikrott RAL 3020 2 M10 50 18 36 15 20
K0260.52107X20 L rapsgul RAL 1021 2 M10 50 18 36 15 20
K0260.5210X30 L svartgra RAL 7021 2 M10 50 18 36 15 30
K0260.52101X30 L orange RAL 2004 2 M10 50 18 36 15 30
K0260.52102X30 L signalgron RAL 6032 2 M10 50 18 36 15 30
K0260.52103X30 L bla RAL 5017 2 M10 50 18 36 15 30
K0260.52105X30 L ljusgra RAL 7035 2 M10 50 18 36 15 30
K0260.52106X30 L trafikrott RAL 3020 2 M10 50 18 36 15 30
K0260.52107X30 L rapsgul RAL 1021 2 M10 50 18 36 15 30
K0260.5210X60 L svartgra RAL 7021 2 M10 50 18 36 15 60
K0260.52101X60 L orange RAL 2004 2 M10 50 18 36 15 60
K0260.52102X60 L signalgron RAL 6032 2 M10 50 18 36 15 60
K0260.52103X60 L bla RAL 5017 2 M10 50 18 36 15 60
K0260.52105X60 L ljusgra RAL 7035 2 M10 50 18 36 15 60
K0260.52106X60 L trafikrott RAL 3020 2 M10 50 18 36 15 60
K0260.52107X60 L rapsgul RAL 1021 2 M10 50 18 36 15 60
K0260.5310X20 L svartgra RAL 7021 3 M10 63 22 41 17 20
K0260.53101X20 L orange RAL 2004 3 M10 63 22 41 17 20
K0260.53102X20 L signalgron RAL 6032 3 M10 63 22 41 17 20
K0260.53103X20 L bla RAL 5017 3 M10 63 22 414 17 20
K0260.53105X20 L ljusgra RAL 7035 3 M10 63 22 41 17 20
K0260.53106X20 L trafikrott RAL 3020 3 M10 63 22 41 17 20
K0260.53107X20 L rapsgul RAL 1021 3 M10 63 22 4 17 20
K0260.5310X30 L svartgra RAL 7021 3 M10 63 22 41 17 30
K0260.53101X30 L orange RAL 2004 3 M10 63 22 41 17 30
K0260.53102X30 L signalgron RAL 6032 3 M10 63 22 41 17 30
K0260.53103X30 L bla RAL 5017 3 M10 63 22 41 17 30
K0260.53105X30 L ljusgra RAL 7035 3 M10 63 22 4 17 30
K0260.53106X30 L trafikrott RAL 3020 3 M10 63 22 4 17 30
K0260.53107X30 L rapsgul RAL 1021 3 M10 63 22 41 17 30
K0260.5310X60 L svartgra RAL 7021 3 M10 63 22 41 17 60
K0260.53101X60 L orange RAL 2004 3 M10 63 22 4 17 60
K0260.53102X60 L signalgron RAL 6032 3 M10 63 22 41 17 60
K0260.53103X60 L bla RAL 5017 3 M10 63 22 41 17 60
K0260.53105X60 L ljusgra RAL 7035 3 M10 63 22 41 17 60
K0260.53106X60 L trafikrott RAL 3020 3 M10 63 22 41 17 60
K0260.53107X60 L rapsgul RAL 1021 3 M10 63 22 41 17 60
K0260.5312X30 L svartgra RAL 7021 3 M12 63 22 41 17 30
K0260.53121X30 L orange RAL 2004 3 M12 63 22 41 17 30
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Rafflade rattar med ytterganga, Form L
Artikeldversikt
Bestéllningsnr. Form Farg Storlek D D1 D2 H H1 L
lock

K0260.53122X30 L signalgron RAL 6032 3 M12 63 22 41 17 30
K0260.53123X30 L bla RAL 5017 3 M12 63 22 41 17 30
K0260.53125X30 L ljusgra RAL 7035 3 M12 63 22 41 17 30
K0260.53126X30 L trafikrott RAL 3020 3 M12 63 22 41 17 30
K0260.53127X30 L rapsgul RAL 1021 3 M12 63 22 4 17 30
K0260.5312X60 L svartgra RAL 7021 3 M12 63 22 41 17 60
K0260.53121X60 L orange RAL 2004 3 M12 63 22 41 17 60
K0260.53122X60 L signalgron RAL 6032 3 M12 63 22 4 17 60
K0260.53123X60 L bla RAL 5017 3 M12 63 22 41 17 60
K0260.53125X60 L ljusgra RAL 7035 3 M12 63 22 41 17 60
K0260.53126X60 L trafikrott RAL 3020 3 M12 63 22 4 17 60
K0260.53127X60 L rapsgul RAL 1021 3 M12 63 22 41 17 60
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